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   Dimensions [in. (mm)]   
Model (Metric) A (thd) ØB (lens) ØC (lip) ØCA (Clr Aperture) ØD (od) E (rod ht) F (axis ht) G (thk) H I J (Post Thd.)

LH-0.5A 0.535-40 0.51 (12.9) 0.45 (11.4) 0.43 (10.9) 0.63 (15.9) 0.50 (12.7) 1.00 (25.4) 0.35 (8.9) 0.18 (4.5) 0.50 (12.7) 8-32 (M4)
LH-1A 1.035-40 1.01 (25.5) 0.94 (23.9) 0.90 (22.9) 1.15 (29.2) 0.75 (19.1) 1.25 (31.8) 0.40 (10.2) 0.20 (5.1) 0.50 (12.7) 8-32 (M4)
LH-1T 1.035-40 1.01 (25.5) 0.94 (23.9) 0.90 (22.9) 1.15 (29.2) 0.75 (19.1) 1.25 (31.8) 0.25 (6.4) 0.13 (3.2) 0.50 (12.7) 8-32 (M4)
LH-30M M30 x 0.5 1.18 (30.0) 1.10 (27.9) 1.10 (27.9) 1.32 (33.5) 0.75 (19.1) 1.25 (31.8) 0.40 (10.2) 0.20 (5.1) 0.50 (12.7) 8-32 (M4)
LH-1.5A 1.535-40 1.51 (38.3) 1.43 (36.3) 1.40 (35.6) 1.65 (41.9) 1.00 (25.4) 1.50 (38.1) 0.50 (12.7) 0.25 (6.4) 0.50 (12.7) 8-32 (M4)
LH-2A 2.035-40 2.01 (51.0) 1.93 (49.0) 1.94 (49.3) 1.94 (49.3) 1.25 (31.8) 1.75 (44.5) 0.50 (12.7) 0.25 (6.4) 0.50 (12.7) 8-32 (M4)
LH-3A 3.035-40 3.01 (76.4) 2.86 (72.6) 3.25 (82.6) 3.25 (82.6) 1.75 (44.5) 2.25 (57.2) 0.50 (12.7) 0.25 (6.4) 0.60 (15.2) 8-32 (M4)

   Dimensions [in. (mm)]   
Model (Metric) A (thd) ØB (lens) ØC (lip) ØCA (Clr Aperture) ØD (od) E (rod ht) F (axis ht) G (thk) H I J (Post Thd.)
LH-CMT 1.000-32 0.97 (24.5) NA NA 1.15 (29.2) 0.75 (19.1) 1.25 (31.8) 0.35 (8.9) 0.18 (4.5) 0.50 (12.7) 8-32 (M4)
LH-RMS 0.800-36 0.76 (19.4) NA NA 1.15 (29.2) 0.75 (19.1) 1.25 (31.8) 0.35 (8.9) 0.18 (4.5) 0.50 (12.7) 8-32 (M4)


