5 HOLES M5 THD ON ¢6.85 (174),
EQUIDISTANT AT 60°,
DEPTH: .35 (9)

5 HOLES M5 THD / 25.39 (137),
EQUIDISTANT AT 60°,
DEPTH: .35 (9)
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4 CLEARANCE HOLES FOR
M6 SCREW BACK SIDE

37 HOLES 1/4-20 THD,
DEPTH: .39 (10)
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