
2.93 (74.5) MIN
3.92 (99.5) MAX

.88 (22.4) MIN
1.87 (47.4) MAX

ø.235
(6.0)

ø .563
(14.3)

4.80
(121.9)

ø.375
(9.5)

.55
(14.0)

.375
(9.5)

.625 (15.9)

.156
(4.0)

M9.5
x 0.5-6g

ø1.67
(42.5)


