
1.97
(50)

H

1.12
(28.4)

4 HOLES, THD A,
   .79 (20)

2 HOLES, THD A CLR,
C‘BORED FAR SIDE, E SPACING

(UMR5.5 ONLY)

G

.51 (13)

.02 (.5)

4 HOLES,
THD B,
E x F

SPACING
3 HOLES,

THD C,
D SPACING

2 HOLES, THD A,
E SPACING

(UMR 5.5/5.16 ONLY)

4 HOLES,
THD A CLR,
   .79 (20)

ACCESSIBLE AT
END OF TRAVEL

4 HOLES, THD A,
   1.42 (36)

1.42
(36)

.002 (.05)

M6 x 0.5 THD,
BOTH SIDES

 Thread    Dimensions [ (mm)]
Model (Metric) A B C D E F G H

UMR5.5 4-40 (M3) 8-32 (M4) 1/4-20 (M6) 0.500 (12.5) 1.000 (25.0) 2.000 (50.0) 1.77 (45) 2.28 (58)
UMR5.16 4-40 (M3) 8-32 (M4) 1/4-20 (M6) 0.500 (12.5) 1.000 (25.0) 2.000 (50.0) 1.26 (32) 2.28 (58)
UMR5.25 4-40 (M3) 8-32 (M4) 1/4-20 (M6) 0.500 (12.5) 1.000 (25.0) 2.000 (50.0) 1.26 (32) 2.68 (68)


