
  45° TYP.  

2 PLS.
FOR #8-32 / M4 SCREWS
ACCESS HOLES

9X #8-32 / M4 THDS.
ON .50 [12.5mm] SPACING

7.1mm
.28in

38.1mm
1.50in

5.33in
135.4mm

LNS-1 / (M-LNS-1)

3X THRU HOLES FOR BOLT DOWN
#8-32 / M4 SOCKET HEAD
CAP SCREWS.
(CUT-AWAY VIEW)

2.05in
52.1mm

1.00in
25.4mm

4.58in
116.4mm

  2.0 [50.8] MAX. TRAVEL

2.40in

9.5mm

61mm
.38in

3.93in
[99.8mm]

1.00in
25.4mm

1.50in
38mm


