
SQR 4.53 (115)
2.95
(75)

2.56
(65)

2.85
(72.5)

ø3.07 (78)

.39 (10)

3.19
(81)

1.97
(50)

.79
(20)

1.46
(37.05)

1.19
(30.25)

SUB-D15F CONNECTOR

4 HOLES M6 THD ON SQR 1.97 (50)
DEPTH: .31 (8)

4 HOLES M4 THD ON SQR 1.89 (48)
DEPTH: .24 (6)

.20 (5)

SUB-D15M CONNECTOR 4 HOLES M6 THD
DEPTH: .47 (12)

ø 1.18 +.00051
+0

(Ø 30        )+.013
+0

DEPTH: .31 (8)

ø1.97
+.00063
+0

(Ø 50        )
+.016
+0

4 HOLES M3 THD ON ø1.38 (35)
USABLE DEPTH: .24 (6)

4 HOLES M5 THD ON SQR 3.35 (85)
DEPTH: .31 (8)

4 HOLES ø.31 (7.8), C'BORED ø.45 (11.5) 
ON SQR 3.97 (100.8)

HOLE M6 THD
DEPTH: .39 (10)
FOR GROUNDING

MODEL SHOWN: RGV100HL 
DIMENSIONS IN INCHES (AND MILLIMETERS)


