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SECTION A-A

A

M6 X 1.0 3 PL

CLEARANCE FOR M6

4.50
(114.3)

B B

4.50
(114.3)

Model A B
M-ND20-A  100.0 mm 37.5 mm
ND20-A  4.00  in. 1.50 in.


