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(63.5)

.15  (3.8) TYP

1.25 (31.8)

.33  (8.4)

.33  (8.4)

ON 1.84 Pattern
4X Ø .25 (6.4) thru

.63  (16.0)

.15  (3.8) TYP

(31.8)
1.25

2X C'Bore for 4-40

2X 4-40 thru

M4 Centered on Surface
8-32 on Bottom Surface

1.063-20 THD

Setscrew Locks (6-32)

for Guide Rods


