4 HOLES C'BORED FOR 0.197§"% 4 HOLES 0.18 (4.5)
M3 SCREW ON .792.52 (20x64) (5%) ON 04.92 (125)
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4 HOLES M4 THD ON SQR 1.34 (34),
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4 HOLES M4 THD ON SQR 1.89 (48),
DEPTH: .24 (6
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MODEL SHOWN: BGS80CC
DIMENSIONS IN INCHES (AND MILLIMETERS)
5 1 15 2 25 IN.
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