
MODEL SHOWN: RV240BPP-F, RV240BPE-F, RV240CC-F AND RV240CCHL-F
DIMENSIONS IN INCHES (AND MILLIMETERS)
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SCALE 1÷3
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IN.3.01.0 2.0
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F

4.70
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30°

9.06
(230)

ø6.8898 0
+.0016

(175 H7)

5 HOLES ø.26 (6.5) C’BORED ø.43 (11)
AND 1 HOLE M6 THD DEPTH: .39 (10)

AT 60 ° ON ø9.84 (250) 
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(222)

ø9.84
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2 x 6 HOLES M5 THD,
DEPTH: .28 (7)
ALIGNED
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.02
(.5)

A - A

A

A

DISABLING OF
LIMIT SWITCHES

– VIEW F –

2 BEARING AREAS
ø6.8898 0

+.0016 (175 H7)

2.73
(69.4)

2 POSSIBLE OUTPUT
WAYS FOR THE
SUB-D25M CONNECTOR


