
1.27"
(32.2)

0.64"
(16.4)

0.58"
(14.7)

0.63" (16.0)

2.23" (56.5) for 8301-UHV
2.83" (63.5) for 8302-UHV

1.31" (33.3)

0.81" (20.6)

0.60"
(15.2) 0.20"

(5.1)

1/8" Hex

3/8-40
retaining

nut

stopper
nut

0.080"
(2.03)

0.34" (8.6)

0.19"
(4.8) ball 0.55"

(14.0)

white wire
1.75" (44.5) long
Teflon 0.02 (0.5)
Metal 0.01 (0.3)

red wire
1.75" (44.5) long
Teflon 0.02 (0.5)
Metal 0.01 (0.3)

0.16" (4.0)

0.37" (9.5)

min 0.25" (6.4)
max 0.34" (8.6)


