
ø1.38 BOLT CIRCLE
(35.1)

.77 (19.6)

1.18
(30.0)

3.00 (76.2)

1.50
(38.1)

2.50
(63.5)

4.00
(101.6)

6X 8-32 THD
60˚ SPACING

6X M4 THD
60˚ SPACING

.25
(6.4)

1.063-20 THD
A-1.25-RR 

RETAINING RING
INCLUDED

.25 (6.4)

.44
(11.2)

1.60
(40.6)

.54
(13.7)

2X 1/4 (M6) CLR
ON 2.00 (50.0) SPACING

ø.76 CLR
(19.3)

5/64 (2.0) HEX 
FOR ROTATION LOCK

2.00
(50.8)

BASE CAN BE INSTALLED 0N 
EITHER SIDE OR REMOVED.

ROTATION STAGE CAN BE
REVERSED OR REMOVED
AND USED INDEPENDENTLY.

5/64 (2.0) HEX
FOR AZIMUTH LOCK

2.50
(63.5)

.96
(24.4)

1.12
(28.4)

.57
(14.5)

.22
(6.8)

2X 1.50
(38.1)

M4 THD

#8-32 THD
.21
(6.5)

5/64 (2.0) HEX 
FOR ELEVATION LOCK

.50
(12.5)

.50
(12.5)

1.43
(36.3)

.75 (19.1)

M6 THD

1/4-20 THD

.31 (7.9)

.31 (7.9)

3X 1/4 (M6) CLR


