Standard Specification Sheet - Filter Revision: A Date: 10/31/14
Filter Image Optical Density Specifications

TIMO1 180 -315D LB10 + IRLB 5 (OD 10+4)
»315 - 532 D LB7 + IR LB8 + M LB8Y (OD 8+)
m 808 - <890 DIRM LB3 (OD 3+)
890 - <940 DIRM LB5 (OD 5+)
940 - <1000 DIRM LB6 (OD 6+)
Glass 1000 - <1025 DIR LB 7 + M LB7Y (OD 7+)
1025 - 1100 D LB7 + | LB9 + R LB8 + M LB8Y (OD 9+)

»1400 - 3000 DI LB4 (OD 4+)

Brown »3000 - 11500 D LB5 - | LB5Y (OD 5+)
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Available Frame Styles for Filter: T1IM01 CALL US FOR ADDITIONAL FRAME OPTIONS
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PHONE: 1-800-393-5565 www.lasersafety.com
FAX: 651-357-1830 info@lasersafety.com Authorized Signature: Date:

©2014 Laservision USA, LP. All Rights Reserved.



