
1.87
(47.5)C

TYP

.50
(12.7)

3 HOLES
THD A

.85
(21.6)

3.47
(88.1)

1.00 (25.4)

4.6
(116.8)

 Thread Dimensions [in. (mm)]
Model (Metric) A B C
PRC-1 1/4-20 (M6)  1.000 (25.0)
PRC-3 1/4-20 (M6) 0.500 (12.5) 


