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8° _— NOTES:
> U THE DRIVE BOX OF THE URS75BCC EXCEEDS .06 IN. (1.5 MIM) FROM THE BODY.
A 2 URS1508: 4 SLOTS COUNTERBORED.
G

4 HOLES M4 THD ON “L", DEPTH: .24 (6)
NOTE: ON URS150B VERSIONS, THE POSITION
OF THESE 4 HOLES IS TURNED OF 45°.

4 HOLES ¢"H” THD
ON SQR “J”, DEPTH: "K"
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MODEL SHOWN: URS100BPP
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BOTTOM VIEW OF THE URS100BCC
Y suB-DisM
CONNECTOR
URS1508:
3 HOLES M5 THD AT 120° ON oN,
DEPTH: .39 (10)

URS75B & URS100B:
4 HOLES M3 THD ON oN, I
DEPTH: .24 (6)
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MODEL SHOWN: URS100B
DIMENSIONS IN INCHES (AND MILLIMETERS)
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