/7 C'Bore for 8-32 (M4)
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Dimensions [in. (mm)]

Model A B G D

LT0O5-PR  0.71(18.0) 1.25(31.8) 0.63(16.0) 1.31(33.3)
LT10-PR  1.21(30.7) 2.00(50.8) 1.00(25.4) 2.13(54.1)
LT20-PR  2.21(56.1) 3.00(76.2) 1.50(38.1) 3.38(85.6)
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