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                                      Dimensions [in. (mm)]
Model A B C D E F G G Pawl
 Sq. Sq. Optics Nom Nom (*) Nom Min Max Qty

U100-AC Series 2.00 (50.8) 1.00 (25.4) 1.00 (25.4) 2.24 (56.9) 1.36 (34.5) 0.90 (22.9) 0.20 (5.1) 0.32 (8.1) 2
U200-AC Series 2.88 (73.2) 1.50 (38.1) 2.00 (50.8) 2.28 (57.8) 1.51 (38.4) 1.13 (28.7) 0.39 (9.9) 0.61 (15.5) 3
U300-AC Series 3.83 (97.3) 2.00 (50.8) 3.00 (76.2) 2.35 (59.6) 1.58 (40.1) 1.21 (30.7) 0.34 (8.6) 0.73 (18.5) 3
U400-AC Series 4.75 (120.7) 2.50 (63.5) 4.00 (101.6) 2.47 (62.8) 1.70 (43.2) 1.32 (33.6) 0.51 (13.0) 0.85 (21.6) 3

(*) Measured at center of travel with 0.50 (12.7) actuators installed.
Note: U200-AC has (3) 8-32 (M4) clearance holes with 0.375 in. (9.5 mm) spacing. U300-AC has (3) 8-32 (M4) clearance holes with 0.50 in. (12.7 mm) spacing. U400-AC has (3) 8-32 (M4) 
clearance holes with 1.00 in. (25.4 mm) spacing.


