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1/4-20 CLR
HVM-1 ONLY

1/4-80 UNS
DRIVES 

HVM-1 ONLY

1" OPTIC, HVM-1
.5" OPTIC, HVM-.5

1.063-20 UN
THRU BACK PLATE
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SCREWS

Dimensions [in. (mm)]

Model A B C D E F G H I K

HVM-1 1.495 (37.9) 1.98 (50.3) 4.038 (102.6) 3.00 (76.2) 0.218 (5.5) 0.75 (19.1) 1.605 (40.8) 0.188 (4.8) 0.25 (6.4) 1.138 (28.9)

HVM-.5 1.00 (25.4) 1.00 (25.4) 1.938 (49.2) 1.75 (44.4) 0.188 (4.8) 0.688 (17.5) 0.75 (19.1) 0.125 (3.2) 0.275 (6.9) -


