
0.89 (22.7)

2.52
(64)

2.00
(50)

±2.5°

1.97
(50)

Ø 2.00 (50.8)

±2.5°±2.5°

4 SLOTS,
1/4-20 (M6) CLR

8 Holes,
8-32 (M4)
0.50 (12.5)
Spacing

4 Holes,
8-32 (M4)

Ø 1.77 (45.0)

.24 (6)

2.00 (50.8)

2.52 (64)

2.17
(55)

MAX

1.25
(31.7)

1.00 - 1.18
(25.4 - 30.0)


