
(   50)

(50)
to

(65)
(2)

(   46)
(5)

Neck for 4 BR3 mounting
bridles /    36
(supplied)

Locking knob

Top plate
(screwed on)

Adjustment ring

4 holes M3 clr /    20

1 hole M6 thd

(   64)
Base plate fixed with bridles

(50.6)

(50)

4 slots
for M6 screw

(35)

(  15)

(6)

2.52

0.591.99

1.38

1.97

1.97

0.20

0.08

1.81
0.24

2.56

1.97


