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4 HOLES ø.18 (4.5)
C’BORED

16 HOLES 1/4-20 (M6) THD,
DEPTH: .35 (9), SPACING: 1.0 (25)

5 HOLES 8-32 (M4) THD
2 HOLES .06 (1.6),
SPACING: .375 (9.525)

SUB-D25M CONNECTOR,
CABLE LENGTH 1.5 M
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