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4 HOLES C'BORED,
FOR 4-40 (M3) SCREW

4 HOLES M2 THD,
DEPTH: .12 (3)
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2 HOLES M3 THD,
DEPTH: .20 (5)
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6 HOLES M3 THD,

DEPTH: .20 (5)

CABLE LENGTH 9.8 FT (3 M)
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SUB-D25M CONNECTOR
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MODEL SHOWN: MFA-CC & MFA-PPD
DIMENSIONS IN INCHES (AND MILLIVETERS)
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