
• Kinematic Mechanism

• Black Anodized Aluminum

• 2 - New Focus Picomotors

• 1 - 80 pitch manual screw

• �x, �y Adjustments

• Beam Pointing Temperature Coefficient is <5 mradians /�C

• 8821-L version available

Clear Edge Picomotor Mount

Left-Handed Clear Edge Picomotor Mount

The New Focus 8821 provides the precision and stability of Picomotor™ actuators with the
greater beam access of a clear edge mirror mount in very cost effective package, compact
package. Sapphire seats and optimized spring location and force provides for smooth,
reliable motorized adjustment while maintaining a high level of thermal and mechanical
stability. The picomotor offers the additional advantage of using the integrated knobs for
quick, manual adjustment of all axes.

Clear Edge Picomotor™ Mount

Specifications
Specifications 8821
Optic Diameter (in [mm]) 1.0 (25.4)

Optic Thickness (mm) 6mm to 10mm

Angular Range (°) ±5

Cable Length (ft[m]) 7 (2.1)

Resolution- Angular (mrad) 0.7

Operating Temperature (°C) 10-40

Mounting Post

Thread Type 8-32 (M4) Thru

Motorized Axes 2

Connector Type 4-Pin

Type Clear Edge Center Mount
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Clear Edge Picomotor™ Mount

Clear Edge Picomotor Mount Dimensions
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Measurements in inch (mm)

Right Handed Mount

Left Handed Mount
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