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4 threaded holes M4 - 6H  8 maxi
Same on the opposite side
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4 counterbored holes for M4 screws
Thickness under screw head: 6.2 [0.24]

4 pads 8x12 [0.31x0.47]
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Pigtail cable 2.8 meters long

     4 threaded holes M3 depth 5.5 [0.21] max
     on 25x50 [0.98x1.96]

4 threaded holes M4 depth 4 [0.15] max
on square 55 [2.16]
for mounting directly MLTZ bracket

4 threaded holes M4 depth 4 [0.15] max
on 100x75 [3.93x2.95]
(only on MLT100, MLT200 and MLT250 stages)

4 threaded holes M4 depth 5.5 [0.21] max
on 75x50 [2.95x1.96]

4 threaded holes M4 depth 4 [0.15] max
on 50x75 [1.96x2.95]
for MLT XY stack
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     Threaded
     hole M5 for
     grounding

=
2,48
63 =

=
2,

48 63
=

 
0,236

6  

 12,3° 

DÉTAIL A
4 threaded holes M4 depth 4 [0.15] max

Model A
Bottom mounting pads

B
Side tapped holes

L
 Stage length

MLT25 75[2.95] 85[3.35] 105[4.13]
MLT50 75[2.95] 110[4.33] 130[5.12]

MLT100 75[2.95] 160[6.29] 180[7.08]
MLT200 150[5.9] 260[10.2] 280[11]
MLT250 200[7.87] 310[12.2] 330[12.99]
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