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EACH SIDE:
1 HOLE M3 THD
DEPTH: .16 (4)

.14 (3.5)
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CABLE AND
SUB-D15M CONNECTOR

CABLE LENGTH:
NPAxx: 3.3 FT (1 M)

NPAxxSG: 3.9 FT (1.2 M)

  LENGTH “A” FOR:
MODEL NPA25 NPA50 NPA100
NPAxx 1.73 2.80 4,25
 (44) (71) (108)
NPAxxSG 1.81 2.87 4.29
 (46) (73) (109)

.55 +.008

(14 +.2)0

0

MODEL B C D
NPAxx .04 .39 .47
 (1) (10) (12)
NPAxxSG .08 .47
 (2) (12)

MODEL SHOWN: NPA50
DIMENSIONS IN INCHES (AND MILLIMETERS)


