
MODEL SHOWN: URS100BPP
DIMENSIONS IN INCHES (AND MILLIMETERS)
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IN.2.01.0
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4.49
(114)

9.13 MAX.
(232)

3.97
(100.8)

1.97
(50)
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(100.8)

4.49
(114)

.39
(10)

1.50
(38)

ø1.9685 0
+.0006

(50 H6)

3.07
(78)

ø2.83
(58)

4 HOLES M6 THD,
DEPTH: .24 (6)

4 HOLES M4 THD
ON SQR 1.89 (48),

DEPTH: .24 (6)

4 HOLES ø.31 (7.8)
C’BORED ø.45 (11.5)

.26 (6.5)

1.40
(35.5)

A

– A –

.72
(18.3)

1.40
(35.6)

SUB-D15M CONNECTOR

.57
(14.5)

ø1.34
(34)

.85
(21.5)

4 HOLES M3 THD ON ø2.13 (54),
DEPTH: .24 (6)


