
.236
(6.0)

.312
(7.9)

ø1.00
(25.4)

ø.94
(23.9)

ø1.00 (25.4)
OPTIC

.273 (6.9)
CAVITY DEPTH

ø.75 (19.1)
CLEAR APERTURE

ø1.24
(31.5)
RETAINING RING
1.0625-25 THD
.125 THK


