
MODEL SHOWN: HXP100-MECA
DIMENSIONS IN INCHES (AND MILLIMETERS)
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0

10050

00

(MM)

IN.54321

CARRIAGE

BASE

ø7.9
(200)

8.23 ±.55 (209 ±14)
HEXAPOD AT

MIDDLE POSITION

.98
(25)

.98
(25)

– TOP VIEW –

6 HOLES M6 THD (1)

EQUIDISTANT AT 60°
ON ø4.9 (125)

3 CLR HOLES FOR M6 SCREW
EQUIDISTANT AT 120°
ON ø11.0 (280)

1.97
(50)

3.94 (100)

5.91 (150)

6 CLR HOLES
FOR M6 SCREW
EQUIDISTANT AT 60°
ON ø7.9 (200)

2 CLR HOLES
FOR 1/4 SCREW
8.0 (203.2) SPACING

4 CLR SLOTS FOR:
1/4” SCREW
ON 4.0 x 8.0 (101.6 x 203.2)
OR M6 SCREW
ON 3.9 x 7.9 (100 x 200)

4.4
(112.5)
TYP.

ø11.8
(300)

X

Y

1) DEPTH: .39 (10)

1.97
(50)

12 HOLES M6 THD (1)

3.94
(100)

4 HOLES M6 THD (1)

ON SQR 1.97 (50)

6 HOLES M6 THD (1)

EQUIDISTANT AT 60°
ON ø6.9 (175)

TOP PLATE

BASE PLATE

1 HOLE ø.394
 +.006

(Ø 10 H7)
DEPTH: .31 (8)

0

1 HOLE M6 THD
DEPTH: .20 (5)

9.06 (230)

8.00 (203.2)

2 PINHOLES ø.197
 +.006

(Ø 5 H7)
DEPTH: .39 (10)

0

A A

– A-A –

3 CLR HOLES FOR M6 SCREW
EQUIDISTANT AT 120°

ON ø11.0 (280)

2 CLR HOLES
FOR 1/4 SCREW
8.0 (203.2) SPACING

ø11.8
(300)

6 CLR HOLES
FOR M6 SCREW
EQUIDISTANT AT 60°
ON ø7.9 (200)

4 CLR SLOTS FOR:
1/4” SCREW
ON 4.0 x 8.0 (101.6 x 203.2)
OR M6 SCREW
ON 3.9 x 7.9 (100 x 200)

2 PINHOLES ø.197
 +.006

(Ø 5 H7)
DEPTH: .39 (10)

0


