
MODEL SHOWN: RV240CCHL
DIMENSIONS IN INCHES (AND MILLIMETERS)
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DISABLING OF LIMIT SWITCHES

– DETAIL A –

øB ±.0039 (0.1)

øC H7

22.5°

“W” HOLES AT “X”� ON ø”Y”:
“Z” HOLES C’BORED FOR CHC ø”a” SCREW
“b” HOLES ø”a” THD, DEPTH: “c”
(HIDDEN PART OF THE BASE)

 -> RV120 ONLY:
1 HOLE C’BORED
FOR CHC M5 SCREW

PN P

2 x “R” HOLES Ø “S” THD, AT “T” ON ø“U”,
WORKING DEPTH OF TAPPING: “V”
(SEE DETAIL A)

SUB-D25M CONNECTOR
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øF

øE

.02 (0.5)

MODEL A B C D E F G H J K N P Q 
RV120 4.96 (126) 6.10 (155) 3.07 (78) 3.70 (94) 3.84 (97.5) 4.55 (115.5) .55 (14) 2.68 (68) 2.48 (63) 1.34 (34) .75 (19) .16 (4) .59 (15)
RV160 6.42 (163) 7.56 (192) 4.33 (110) 5.12 (130) 5.22 (132.5) 5.98 (152) .55 (14) 2.80 (71) 3.21 (81.5) 1.42 (36) .73 (18.5) .20 (5) .57 (14.5)
RV240 9.33 (237) 10.83 (275) 6.89 (175) 7.68 (195) 7.93 (201.5) 8.74 (222) .63 (16) 2.95 (75) 4.70 (119.5) 1.58 (40) .80 (20.3) .28 (7) .65 (16.6)
RV350 14.02 (356) 15.55 (395) 11.02 (280) 11.97 (304) 12.32 (313) 13.05 (331.5) .69 (17.5) 3.54 (90) 7.05 (179) 1.97 (50) .84 (21.3) .31 (8) .68 (17.3)

MODEL R S T U V W X Y Z a b c α 
RV120 4 M4 90° 3.44 (87.5) .24 (6) 6 60° 5.39 (137) 5 M5 1 7 17.5°
RV160 6 M5 60° 4.72 (120) .28 (7) 6 60° 6.85 (174) 5 M5 1 7 25°
RV240 6 M5 60° 7.38 (187.5) .28 (7) 6 60° 9.84 (250) 5 M6 1 10 30°
RV350 6 M6 60° 11.61 (295) .28 (7) 12 30° 14.65 (372) 10 M8 2 12 10°

ROTATION STAGE, DIRECT MOTOR
 L1 

M1 L2 M2

MODEL
 BPP BPE 

CC CCHL
 & PP & PE

RV120 9.90 9.90 9.90 11.87 1.79
 (251.5) (251.5) (251.5) (301.5) (45.5)

RV160 10.39 12.36 10.39 12.36 2.13
 (264) (314) (264) (314) (54) 4.61 1.32

RV240 11.38 13.35 11.38 13.35 2.89 (117) (33.5)
 (289) (339) (289) (339) (73.5) 

RV350 12.40 14.37 12.40 14.37 4.13
 (315) (365) (315) (365) (105) 

ROTATION STAGE, FOLDED MOTOR
MODEL L1 M1 L2 M2

RV120 6.12 2.15 (1)

 (155.5) (54.5) (1)

RV160 6.61 2.48
 (168) (63) 6.32 4.35

RV240 7.60 3.25 (160.5) (110.5)
 (193) (82.5) 

RV350 8.62 4.49
 (219) (114)
1) 2.97 (75.5) FOR RV120HAHL-F VERSION. 


