
Not Shown:
2-meter-long encoder cable w/ 15-pin HD-SUB connector

4-feet-long motor cable w/ 4-pin connector

4x 8-32 threaded hole

2x 3.00" (76.2)

2x 0.50" (12.7)

0.00" (0.0)
0.00" (0.0)

0.75" (19.1)

2.75" (69.9)

3.50" (88.9)

0.00" (0.0)

2x 3.25" (82.6)

3x 1.75" (44.5)

2x 0.25" (6.4)

1.75" (44.5)
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3x 0.56" (14.3)
0.00" (0.0)

6x 8-32 threaded hole

4x 1/4-20
counter bore

threaded mounting hole
for 1.00" (25.4) optic

3.125" (79.38)
4x 8-32 threaded
hole 2.00" (50.8)
bolt circle
0.88" (22.2)
clear aperture


