
MODEL SHOWN: HXP200-MECA
DIMENSIONS IN INCHES (AND MILLIMETERS)

0

0

10050

00

(MM)

IN.54321

CARRIAGE

BASE

12.17  ±.98 (309 ±25)
HEXAPOD AT

MIDDLE POSITION

BASE PLATE

TOP PLATE

1.34
(34)

1.34
(34)

ø3.94
(100)

ø3.94
(100)

X

Y

7.40
(188)

4.53
(115)

3.74
(95)

5.91
(150)

7.09
(180)

7.01
(178)

6.69
(170)

7.87
(200)

9.06
(230)

4 HOLES M6 THD
DEPTH: .47 (12)

ON SQR 3.94 (100)

12 HOLES M6 THD
DEPTH: .47 (12)

EQUIDISTANT AT 30°
ON ø5.91 (150)

6 HOLES C’BORED
FOR M6 SCREWS

EQUIDISTANT AT 60°
ON ø9.84 (250)

3 HOLES C’BORED
FOR M6 SCREWS

3 x 2 HOLES M6 THD
DEPTH: .5 (9)
AT 30° ON ø9.84 (250)

2 HOLES
ø.1970

+.0004 (5H7)
DEPTH: .39 (10)

2 HOLES
ø.1970

+.0004 (5H7)
DEPTH: .39 (10)

ø8.46
(215)


