
.750
(19.1)

11 Holes, Thd B,
C Spacing

4 Holes, Thd A,
D Spacing

4 Holes, Thd B CLR,
D x E Spacing

2.375
(60.3)

2.375 (60.3) 1.38 (34.9) on (M-)460P-X Models
0.94 (23.8) on (M-)460P-X-05 Models

 Thread                  Dimensions [in. (mm)]
Model (Metric) A B C D E
460P-X 8-32 (M4) 1/4-20 (M6) 0.50 (12.5) 1.00 (25.0) 2.00 (50.0)


