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New Focus’

A Newport Corporation Brand

[SCALE 3:4 [REV A]

8821-AC-UHV, MOUNT. 1 IN, AC, UHV, PICOMOTOR
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Unless otherwise noted, dimensions are in inches with metric dimesions in mm in brackets




