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     Dimensions
Model A B C D E F G H I J
MS-KIT-Z-1 0.400 (10.2) 0.440 (11.2) 1.035 (26.3) 0.272 (6.9) 0.098 (2.5) 0.839 (21.3) 0.200 (5.1) 0.250 (6.4) 0.535 (13.6) R 0.090 (2.3)
MS-KIT-Z-2 0.576 (14.6) 0.540 (13.7) 1.435 (36.4) 0.428 (10.9) 0.285 (7.2) 1.050 (26.7) 0.270 (6.9) 0.435 (11.0) 0.750 (19.1) R 0.155 (3.9)
MS-KIT-Z-3 0.576 (14.6) 0.540 (13.7) 1.735 (44.1) 0.428 (10.9) 0.285 (7.2) 1.350 (34.3) 0.270 (6.9) 0.435 (11.0) 1.050 (26.7) R 0.155 (3.9)


