4 HOLES M6 THD, DEPTH: .24 (6)
ON SQR 2.95 (75)

4 HOLES M6 THD, DEPTH: .24 (6)

ON SQR 1.97 (50)
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5.63 MODEL SHOWN: FMS100CC/PP
DIMENSIONS IN INCHES (AND MILLIMETERS)
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